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Beschreibung 

 Protective plastic cover for housings H-B 10 / 16 / 24 

 Suitable for hoods 

 

 

 

General Characteristics 

Series See table 

Version KDTF 

Locking Single lever 

Loss protection Cord 

Protection (DIN EN 60529) IP 65 (latched) 

Temperature Range -25°C to +50°C 

Materials / Surfaces 

Cover Polyamid (UL 94/V0), grey 

Sealing NBR 

Versions 

Article number Article description Series 

10048600 EPIC® H-B 10 KDTF H-B 10 

10088600 EPIC® H-B 16 KDTF H-B 16 

10118600 EPIC® H-B 24 KDTF H-B 24 

 

 

Remark 

Photographs are not to scale and do not represent detailed images of the respective products. 


