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Description 

 Compact, robus metal housing for size H-A 32 

 Suitable für two inserts of size H-A 16 

 

 

 

 

General Characteristics 

Series H-A 32 

Model Hood 

Cable entry 1x lateral, see table 

Gland body See table 

Locking Double lever 

Temperature range -40°C to +100°C 

Materials / Surfaces 

Housing Aluminium alloy, powder-coated, grey 

Locking Tempered steel, zinc-plated 

Gland body Brass, nickel-plated 

Standards 

Safety standards IEC 61984 

 

Versions 

Article number Article description Cable entry Gland body 

10578000 EPIC® H-A 32 TSB 21 ZW Pg 21 Yes 

10579000 EPIC® H-A 32 TSB 29 ZW Pg 29 Yes 

19578000 EPIC® H-A 32 TSB M25 N.GEW. M25 No 

19579000 EPIC® H-A 32 TSB M32 N.GEW. M32 No 

 

  



10578000 DATA SHEET 

 Valid from: 

30.10.2020 
EPIC

®
 H-A 32 TSB 

 

 Creator: BEGE1/PDP 

Released: IVSE1/PDP 

Document: DB10578000EN 

Version: 00 
Page 2 of 2 

We reserve all rights according to DIN ISO 16016. 
PD 0019/05_04.18EN 

Technical Drawings 

 
 
 

   Mechanical and plant engineering    Mechanical resistance 
 

   Robust    Waterproof 

 

 

Info 
For two inserts of the small H-A, H-D and STA series. Space-saving 

 

Application range 
Maschine and equipment manufacturing, control engineering 

 

Remark 

Photographs are not to scale and do not represent detailed images of the respective products. 


