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Description

e Forinserts and modules of the EPIC® rectangular connectors

Remark
Photographs are not to scale and do not represent detailed images of the respective products.
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11240700 DATA SHEET -
Valid from: EPIC® H-D 1.6 STAMPED CONTACTS-ON-REEL @ L a7 p P
08.04.2021
Article- Article Version [Conductor Surface [Stripping |Note
Number cross-section length
(mm?2) (mm)
11240700 |H-D SCBG AG 0.14-0.5 male 0,14-0,5 Ag 3,0+ 0,5 |1 reel (PU) =200
200 LI contacts
11230700 |H-D BCBG AG 0.14-0.5 female [0,14-0,5 Ag 3,0+ 0,5 |1 reel (PU) =200
200 LI contacts
11240400 |H-D SCBG AG 0.14-0.5 male 0,14-0,5 Ag 3,0+0,5 |1 reel (PU) = 2000
2000 LI contacts
11230400 |H-D BCBG AG 0.14-0.5 female [0,14-0,5 Ag 3,0+ 0,5 |1 reel (PU) = 2000
2000 LI contacts
11240000 |H-D SCBG AG 0.14-0.5 male 0,14-0,5 Ag 3,0+0,5 |1 reel (PU) = 2000
2000 RE contacts
11230000 |H-D BCBG AG 0.14-0.5 female [0,14-0,5 Ag 3,0+0,5 |1 reel (PU) = 2000
2000 RE contacts
11240500 |H-D SCBG AU 0.14-0.5 male 0,14-0,5 Au 3,0+0,5 |1 reel (PU) = 2000
2000 LI contacts
11230500 |H-D BCBG AU 0.14-0.5 female [0,14-0,5 Au 3,0+0,5 |1 reel (PU) = 2000
2000 LI contacts
11220700 |H-D SCBG AG 0.5-1.5 male 0,5-1,5 Ag 3,5+ 1 1 reel (PU) = 200
200 LI contacts
11235700 |H-D BCBG AG 0.14-0.5 female [0,9-15 Ag 3,0+ 0,5 |1 reel (PU) =200
200 LI contacts
11226000 |H-D SCBG AG 0.5-1.5 male 0,5-1,5 Ag 3,5+ 1 1 reel (PU) = 2000
2000 LI contacts
11226500 |H-D BCBG AG 0.5-1.5 female [0,9-1,5 Ag 3,5+ 1 1 reel (PU) = 2000
2000 LI contacts
11220000 |H-D SCBG AG 0.5-1.5 male 0,5-1,5 Ag 3,5+ 1 1 reel (PU) = 2000
2000 RE contacts
11235000 |H-D BCBG AG 0.5-1.5 female [0,9-15 Ag 3,5+ 1 1 reel (PU) = 2000
2000 RE contacts
11220100 |H-D SCBG AU 0.5-1.5 male 0,5-1,5 Au 3,5+ 1 1 reel (PU) = 2000
2000 RE contacts
11235200 |H-D BCBG AU 0.5-1.5 female [0,5-1,5 Au 3.5+ 1 1 reel (PU) = 2000
2000 RE contacts
11223000 |H-D SCBG AG 1.5-2.5 male 1,5-2,5 Ag 3,5+ 1 1 reel (PU) = 100
100 LI contacts
11228000 |H-D BCBG AG 1.5-2.5 female |1,9-2,5 Ag 3,5+ 1 1 reel (PU) = 100
100 LI contacts
11222700 |H-D SCBG AG 1.5-2.5 male 1,5-2,5 Ag 3,5+ 1 1 reel (PU) = 2000
2000 LI contacts
11227700 H-D BCBG AG 1.5-2.5 female |1,5-2,5 Ag 3,5+0,5 |1 reel (PU) = 2000
2000 Li contacts
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